SENDING ALL THE RIGHT SIGNALS

4K UHD Media Cable for HDBaseT®

- Belden Part Number
Description
4 pair 23 AWG 2183R 2183P 2183NH
HDBaseT is a trademark of the HDBaseT Alliance.
Copper Structured Cabling Solutions
- Belden Part Number
Description

[ Riser | Plenum
Cat 6A, F/UTP, Bonded-Pair 10GX62F 10GX63F
Cat 6A, F/UTP 10GX52F 10GX53F
Cat 6A, UTP, Bonded-Pair, Small
diameter 10GXS32 10GXS33
Cat 6A, UTP, Bonded-Pair 10GX32 10GX33
Cat 6A, UTP, Small diameter 10GXS12 10GXS13
Cat 6A, UTP 10GX12 10GX13
Cat 6+, F/UTP 2412F 2413F
Cat 6, F/UTP 1351A 1352A
Cat 6+, UTP 2412 2413
Cat 6E+, UTP 7851A 7852A
Cat 5E+, F/UTP 1212F 1213F
Cat 5E+, UTP 1212 1213
Cat 5e 1583A 1585A
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Electronic - Audio, Control & Instrumentation

B . Tinned Copper
High Flex Speaker Cable - Unshielded Description
Bare Copper ] ]
DESTR 24 AWG, 4 Conductor, RS-232, AWM, Shielded 9534
m Plenum 24 AWG, 8 Conductor, RS-232, AWM, Shielded 9538
18 AWG, 2 Conductor 5300UP 24 AWG, 8 Conductor, RS-232/423, AWM, 9933
Foil+Braid Shielded
16 AWG, 2 Conductor 5200UP
22 AWG, 1 Shielded Pair Audio Cable, 0451P
16 AWG, 2 Conductor Indoor/Outdoor 1307A EZ Strip 9451
14 AWG, 2 Conductor 5100UP 22 AWG, 2 Shielded Pair Audio Cable 9451DP
22 AWG, 1 Shielded Pair Audio Cable 8451
Access Control Cable 22 AWG, 1 Shielded Pair 8761 82761
. Bare Copper Tinned Copper 22 AWG, 1 Unshielded Pair, UL CMG & AWM 8442
Description mmmm MWater. 22 AWG, 2 Individually Shielded Pairs 8723
ocke ——
22 AWG, 2 Conductor, Shielded ~ 5541FE  6541FE 220G, 1 Palr Shielded 8724
22 AWG, 2 Conductor, Unshielded 5541UE 20 AWG, 1 Shielded Pair, UL CM & AWM 8762
22 AWG, 3 Conductor, Shielded 5542FE 20 AWG, 1 Shielded Pair, UL CMG & AWM 9154
22 AWG, 4 Conductor, Shielded ~ 5543FE 18 AWG, 1 Shielded Pair, UL AWM 8760
22 AWG, 1 shielded pair
+ 1 conductor 550161
22 AWG, 1 shielded pair Coax Cable
o conuctors 5502GE  6502GE 550261
20 AWG, 2 Conductor, Shielded ~ 5441FE — | Belden Part Number
| Riser | Plenum
Media Automation & Control Mini RG-59 , 75 Ohm 1855A
RG-6, 75 Oh 1694A
Belden Part Number G-6, 75 Ohm 69 1695A
Description : RG-6, 75 Ohm CCTV, quad shield 633908
Plenum
: RG-6, 75 Ohm CCTV, Foil + braid 633938
Tinned Copper, 22 AWG, 1502P
1 Shielded pr + 18 AWG, 2C RG-58, 50 Ohm 82240
Bare Copper, 22 AWG,
1 Shielded pr + 18 AWG, 2C 1392P
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Fire Alarm Cable Burglar Alarm and Commercial Audio Cable

Shielded Stranded Conductor
Bare Copper

Bare Copper Tinned Copper

| Riser | Plenum | Joie, | piser | Plenam
blocked

e N

Description

Water-

18 AWG, 2 Conductor 6320UL blocked
18 AWG, 4 Conductor 632201 22 AWG, 2 Conductor ~ 5500FE  6500FE 5500FH  6500PE  5500F1
16 AWG, 2 Conductor 5220UL 6220UL 22 AWG, 3 Conductor 5501FE  6501FE
14 AWG, 2 Conductor 5120UL 6120UL 22 AWG, 4 Conductor 5502FE  6502FE
EZZQm?dé%%?gL;Ctor 13250  5541P1
Burglar Alarm and Speaker Cable 22 AWG, 5 Conductor ~ 5503FE
Unshielded Stranded Conductor 22 AWG, 6 Conductor  5504FE  G504FE
rated blocked 22 AWG, 8 Conductor 5506FE  6506FE
22 AWG, 2 Conductor 5500UG 5500UE 6500UE 6500UH 22 AWG, 10 Conductor ~ 5508FE
22 AWG, 3 Conductor 5501UE__ 6501UE 20 AWG, 2 Conductor ~ 5400FE  6400FE 5400F1
22 AWG, 4 Conductor 5502UE  6502UE 20 AWG, 3 Conductor _ 5401FE
22 AWG, 5 Conductor 5503UE 20 AWG, 4 Conductor  5402FE
22 AWG, 6 Conductor 5504UE  6504UE 20 AWG, 5 Conductor _ 5403FE
22 AWG, 8 Conductor 5506UE  6506UE 20 AWG, 7 Conductor __ 5405FE
22 AWG, 10 Conductor 5508UE 20 AWG, 9 Conductor 5407FE
22 AWG, 12 Conductor SS09UE  6509UE 18 AWG, 2 Conductor ~ 5300FE  6300FE 5300F1
20 AWG, 2 Conductor 5400UE  6400UE 6400UH 1F $ fWG’ 2 Conductor, 5340F1
20 AWG, 3 Conductor 5401UE
20 AWG, 4 Conductor 5402UE  6402UE 18AWG, 3 Conductor _ 5301FE _ 6301FE
20 AWG, 5 Conductor 5203UE 18 AWG, 4 Conductor ~ 5302FE  6302FE
20 AWG, 7 Conductor 5405UE zzg,ﬁwgé\,gfa'}fjgﬁf&rd) 5341FE
20 AWG, 8 Conductor 5406UE 18 AWG, 5 Conductor 5303FE
20 AWG, 9 Conductor 5407UE 18 AWG, 6 Conductor ~ 5304FE
20 AWG, 10 Conductor 5408UE 16 AWG, 2 Conductor ~ 5200FE  6200FE
18 AWG, 2 Conductor 5300UG 5300UE 6300UE 5300UH 6300UH 5300U1 16 AWG, 2 Conductor, FT4 5240F1
;? fWGv 2 Conductor, 5340U1 16 AWG, 3 Conductor ~ 5201FE  6201FE
16 AWG, 3 Conductor 53010E 6301UE 16 AWG, 4 Conductor ~ 5202FE  6202FE
26 AWG, 4 Conductor 53020E 6302UF 14 AWG, 2 Conductor ~ 5100FE  6100FE
18 AWG, 5 Conductor 5303UE  6303UE
18 AWG, 6 Conductor 5304UE  6304UF Bu_rglar Alarr_n and Commercial Audio Cable
16 AWG, 2 Conductor 5200UE  6200UE 6200UH $Shielded Solld Gonductor
l1:_i|§ fWG, 2 Conductor, 5240U1 Description Bare Copper
16 AWG, 3 Conductor 5201UE  6201UE “
16 ANG. 4 Conductor 52020F 62020 22 AWG, 2 Conductor 5520FE 6520FE
14 AWG, 2 Conductor 5100UE  G100UE 22 AWG, 3 Conductor S521FE
12 AWG, 2 Conductor 5000UE  600OUE 20 AWG, 3 Conductor S421FE
18 AWG, 2 Conductor 5320FE 6320FE
Burglar Alarm and Speaker Cable
Unshielded Solid Conductor
o Bare Copper
Description
e Plenum Questions?
22 AWG, 4 Conductor 5522UE 6522UE Contact your local Belden representative,
zﬁt’mg{e“c‘é‘fg‘r“ggg 5582UE call us at 1.800.BELDEN.1 (1.800.235.3361)
18 AWG, 2 Conductor 5320UE 6320UE or visit www.belden.com/reeltuff c
18 AWG, 3 Conductor 5321UE 6321UE
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