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4K UHD Media Cable for HDBaseT® Belden Part Number ReelTuff Box Size

Cable Construction Shielding Bonded-Pair Jacket Color Riser Plenum LSZH Sm Med Lg

4 pair 23 AWG F/UTP Yes Black 2183R 010Z1000 
2183R 010Z500

2183P 010Z1000 
2183P 010Z500 2183NH 010Z1000 x

4 pair 23 AWG F/UTP Yes White 2183R 009Z1000 2183P 009Z1000 2183NH 009Z1000 x

4 pair 23 AWG F/UTP Yes Blue 2183R 006Z1000 2183P D15Z1000 2183NH 006Z1000 x

Copper Structured Cabling Solutions Belden Part Number ReelTuff Box Size

Cable Type Shielding Bonded-Pair Jacket Color Riser Plenum Sm Med Lg

Cat 6A F/UTP Yes Black 10GX62F010Z1000 x

Cat 6A F/UTP Yes Black 10GX63F 010Z500 x

Cat 6A F/UTP Yes White 10GX63F 009Z500 x

Cat 6A F/UTP Yes Blue 10GX63F D15Z500 x

Cat 6A F/UTP No Black 10GX52F010Z1000 10GX53F010Z1000 x

Cat 6A F/UTP No Black 10GX53F 010Z750 x

Cat 6A F/UTP No Black 10GX53F 010Z500 x

Cat 6A F/UTP No Black 10GX53F 010Z250 x

Cat 6A F/UTP No White 10GX53F009Z1000 x

Cat 6A F/UTP No Blue 10GX53FD15Z1000 x

Cat 6A-Small diameter UTP Yes Black 10GXS32 010Z1000 10GXS33010Z1000 x

Cat 6A UTP Yes Black 10GX32 010Z1000 10GX33 010Z1000 x

Cat 6A UTP Yes White 10GX32 009Z1000 x

Cat 6A UTP Yes Blue 10GX32 006Z1000 10GX33 D15Z1000 x

Cat 6A-Small diameter UTP No Black 10GXS12010Z1000 10GXS13010Z1000 x

Cat 6A-Small diameter UTP No Blue 10GXS12006Z1000 10GXS13D15Z1000 x

Cat 6A UTP No Black 10GX12 010Z1000 10GX13 010Z1000 x

Cat 6A UTP No White 10GX13 009Z1000 x

Cat 6A UTP No Blue 10GX12 006Z1000 10GX13 D15Z1000 x

Cat 6+ F/UTP No Black 2412F 010Z1000 2413F 010Z1000 x

Cat 6+ F/UTP No Black 2413F 010Z500 x

Cat 6+ F/UTP No Black 2413F 010Z250 x

Cat 6+ F/UTP No White 2412F 009Z1000 2413F 009Z1000 x

Cat 6+ F/UTP No White 2413F 009Z500 x

Cat 6+ F/UTP No Blue 2412F 006Z1000 2413F D15Z1000 x

Cat 6+ F/UTP No Blue 2413F D15Z750 x

Cat 6+ F/UTP No Blue 2413F D15Z500 x

Cat 6+ F/UTP No Blue 2413F D15Z250 x

Cat 6+ F/UTP No Red 2413F 002Z1000 x

Cat 6+ F/UTP No Orange 2413F 003Z1000 x

Cat 6+ F/UTP No Yellow 2413F 004Z1000 x

Cat 6+ F/UTP No Green 2413F 005Z1000 x

Cat 6+ F/UTP No Gray 2413F 008Z1000 x

Cat 6 F/UTP No Black 1352A 010Z1000 x

Cat 6 F/UTP No Black 1352A 010Z500 x

Cat 6 F/UTP No Blue 1351A 006Z1000 1352A D15Z1000 x

Cat 6 F/UTP No Gray 1352A 008Z1000 x

HDBaseT is a trademark of the HDBaseT Alliance
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Copper Structured Cabling Solutions Belden Part Number ReelTuff Box Size

Cable Type Shielding Bonded-Pair Jacket Color Riser Plenum Sm Med Lg

Cat 6+ UTP No Black 2412 010Z1000 2413 010Z1000 x

Cat 6+ UTP No Black 2413 010Z500 x

Cat 6+ UTP No White 2412 009Z1000 2413 009Z1000 x

Cat 6+ UTP No White 2413 009Z500 x

Cat 6+ UTP No Blue 2412 006Z1000 2413 D15Z1000 x

Cat 6+ UTP No Gray 2412 008Z1000 2413 008Z1000 x

Cat 6+ UTP No Orange 2413 003Z1000 x

Cat 6+ UTP No Yellow 2413 004Z1000 x

Cat 6+ UTP No Yellow 2413 004Z250 x

Cat 6+ UTP No Yellow 2413 004Z500 x

Cat 6+ UTP No Yellow 2413 004Z750 x

Cat 6+ UTP No Green 2413 005Z1000 x

Cat 6+ UTP No Violet 2413 007Z1000 x

Cat 6E+ UTP Yes Blue 7851A 006Z1000 7852A D15Z1000 x

Cat 5E+ F/UTP No Black 1212F 010Z1000 
1212F 010Z500 x

Cat 5E+ F/UTP No Black 1213F 010Z1000 
1213F 010Z500 x

Cat 5E+ F/UTP No Black 1213F 010Z250 x

Cat 5E+ F/UTP No White 1213F 009Z1000 
1213F 009Z500 x

Cat 5E+ F/UTP No Blue 1213F D15Z1000 
1213F D15Z500 x

Cat 5E+ F/UTP No Gray 1213F 008Z1000 x

Cat 5E+ F/UTP No Orange 1213F 003Z1000 x

Cat 5E+ F/UTP No Yellow 1213F 004Z1000 x

Cat 5E+ F/UTP No Green 1213F 005Z1000 x

Cat 5E+ UTP No Black 1212 010Z1000 1213 010Z1000 
1213 010Z500 x

Cat 5E+ UTP No White 1213 009Z1000 x

Cat 5E+ UTP No Blue 1213 D15Z1000 x

Cat 5E+ UTP No Gray 1213 008Z1000 x

Cat 5e UTP No Black 1583A 010Z1000 1585A 010Z1000 x

Cat 5e UTP No Black 1585A 010Z500 x

Cat 5e UTP No White 1585A 009Z1000 x

Cat 5e UTP No White 1585A 009Z500 x

Cat 5e UTP No Blue 1583A 006Z1000 1585A D15Z1000 x

Cat 5e UTP No Gray 1585A 008Z1000 x

Cat 5e UTP No Red 1585A 002Z1000 x

Cat 5e UTP No Yellow 1585A 004Z1000 x



Burglar Alarm and Speaker Cable -  
Unshielded Stranded Conductor Belden Part Number ReelTuff Box Size

AWG Conductor 
Count

Other Construction 
Details Jacket Color UL-CM rated Riser Plenum Waterblocked Sm Med Lg

22 2 Bare Copper Gray 5500UG 008Z1000 5500UE 008Z1000 x

22 2 Bare Copper White 5500UG 009Z1000 x

22 2 Bare Copper Green 5500UE 005Z1000 x

22 2 Bare Copper Natural 6500UE 877Z1000 x

22 2 Tinned Copper Natural 6500UH 877Z1000 x

22 3 Bare Copper Gray 5501UE 008Z1000 x

22 3 Bare Copper Natural 6501UE 877Z1000 x

22 4 Bare Copper Gray 5502UE 008Z1000 x

22 4 Bare Copper White 5502UE 009Z1000 x

22 4 Bare Copper Yellow 6502UE 004Z1000 x

22 4 Bare Copper Natural 6502UE 877Z1000 x

22 5 Bare Copper Gray 5503UE 008Z1000 x

22 6 Bare Copper Gray 5504UE 008Z1000 x

22 6 Bare Copper White 5504UE 009Z1000 x

22 6 Bare Copper Natural 6504UE 877Z1000 x

22 8 Bare Copper Gray 5506UE 008Z1000 x

22 8 Bare Copper Natural 6506UE 877Z1000 x

22 10 Bare Copper Gray 5508UE 008Z1000 x

22 12 Bare Copper Gray 5509UE 008Z1000 x

22 12 Bare Copper Natural 6509UE 877Z1000 x

20 2 Bare Copper Gray 5400UE 008Z1000 x

20 2 Bare Copper Natural 6400UE 877Z1000 
6400UE 877Z500 x

20 2 Tinned Copper Natural 6400UH 877Z1000 x

20 3 Bare Copper Gray 5401UE 008Z1000 x

20 4 Bare Copper Gray 5402UE 008Z1000 x

20 4 Bare Copper Natural 6402UE 877Z1000 x

20 5 Bare Copper Gray 5403UE 008Z1000 x

20 7 Bare Copper Gray 5405UE 008Z1000 x

20 8 Bare Copper Gray 5406UE 008Z1000 x

20 9 Bare Copper Gray 5407UE 008Z1000 x

20 10 Bare Copper Gray 5408UE 008Z1000 x

18 2 Bare Copper Gray 5300UG 008Z1000 5300UE 008Z1000 6300UE 008Z1000 x

18 2 Tinned Copper Gray 5300U1 008Z1000 x

18 2 Bare Copper White 5300UG 009Z1000 5300UE 009Z1000 6300UE 009Z1000 x

18 2 Bare Copper White 6300UE 009Z500 x

18 2 Bare Copper Black 5300UG 010Z1000 5300UE 010Z1000 6300UE 010Z1000 x

18 2 Bare Copper Black 6300UE 010Z500 x

18 2 Tinned Copper Black 5300U1 010Z1000 x

18 2 FT4, Tinned Copper Black 5340U1 010Z1000 x

18 2 Bare Copper Brown 5300UE 001Z1000 x

18 2 Bare Copper Red 5300UE 002Z1000 6300UE 002Z1000 x

18 2 Bare Copper Green 5300UE 005Z1000 6300UE 005Z1000 x

18 2 Bare Copper Violet 5300UE 007Z1000 6300UE 007Z1000 x

18 2 Tinned Copper Black 5300UH 010Z1000 x
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Burglar Alarm and Speaker Cable -  
Unshielded Stranded Conductor Belden Part Number ReelTuff Box Size

AWG Conductor 
Count

Other Construction 
Details Jacket Color UL-CM rated Riser Plenum Waterblocked Sm Med Lg

18 2 Bare Copper Orange 6300UE 003Z1000 x
18 2 Bare Copper Yellow 6300UE 004Z1000 x
18 2 Bare Copper Pink 6300UE 012Z1000 x
18 2 Bare Copper Natural 6300UE 877Z1000 x
18 2 Bare Copper Blue 6300UE D15Z1000 x
18 2 Tinned Copper Gray 6300UH 008Z1000 x
18 3 Bare Copper Gray 5301UE 008Z1000 x
18 3 Bare Copper Natural 6301UE 877Z1000 x
18 4 Bare Copper Gray 5302UE 008Z1000 x
18 4 Bare Copper Yellow 6302UE 004Z1000 x
18 4 Bare Copper Violet 6302UE 007Z1000 x
18 4 Bare Copper Black 6302UE 010Z1000 x
18 4 Bare Copper Natural 6302UE 877Z1000 x
18 5 Bare Copper Gray 5303UE 008Z1000 x
18 5 Bare Copper Natural 6303UE 877Z1000 x
18 6 Bare Copper Gray 5304UE 008Z1000 x
18 6 Bare Copper Natural 6304UE 877Z1000 x
16 2 Bare Copper Brown 5200UE 001Z1000 x
16 2 Bare Copper Red 5200UE 002Z1000 6200UE 002Z1000 x
16 2 Bare Copper Gray 5200UE 008Z1000 6200UE 008Z1000 x
16 2 Bare Copper White 5200UE 009Z1000 6200UE 009Z1000 x
16 2 Bare Copper White 6200UE 009Z750 x
16 2 Bare Copper White 6200UE 009Z500 x
16 2 Bare Copper White 6200UE 009Z250 x
16 2 Bare Copper Black 5200UE 010Z1000 6200UE 010Z1000 x
16 2 Bare Copper Black 6200UE 010Z500 x
16 2 Bare Copper Orange 6200UE 003Z1000 x
16 2 Bare Copper Yellow 6200UE 004Z1000 x
16 2 Bare Copper Green 6200UE 005Z1000 x
16 2 Bare Copper Violet 6200UE 007Z1000 x
16 2 Bare Copper Pink 6200UE 012Z1000 x
16 2 Bare Copper Natural 6200UE 877Z1000 x
16 2 Bare Copper Blue 6200UE D15Z1000 x
16 2 Tinned Copper Black 6200UH 010Z1000 x
16 2 FT4, Tinned Copper Black 5240U1 010Z1000 x
16 3 Bare Copper Gray 5201UE 008Z1000 x
16 3 Bare Copper Natural 6201UE 877Z1000 x
16 4 Bare Copper Gray 5202UE 008Z1000 x
16 4 Bare Copper Natural 6202UE 877Z1000 x
14 2 Bare Copper Red 5100UE 002Z1000 x
14 2 Bare Copper Gray 5100UE 008Z1000 6100UE 008Z1000 x
14 2 Bare Copper Black 5100UE 010Z1000 6100UE 010Z1000 x
14 2 Bare Copper Black 6100UE 010Z500 x
14 2 Bare Copper White 6100UE 009Z1000 x
14 2 Bare Copper White 6100UE 009Z500 x
14 2 Bare Copper Natural 6100UE 877Z1000 x
12 2 Bare Copper Gray 5000UE 008Z500 x
12 2 Bare Copper Black 5000UE 010Z500 6000UE 010Z500 x
12 2 Bare Copper Natural 6000UE 877Z500 x
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Burglar Alarm and Commercial Audio Cable- 
Shielded Stranded Conductor Belden Part Number ReelTuff Box Size

AWG Conductor 
Count

Other Construction 
Details Jacket Color Riser Plenum Waterblocked Sm Med Lg

22 2 Bare Copper Gray 5500FE 008Z1000 6500FE 008Z1000 x

22 2 Bare Copper White 5500FE 009Z1000 6500FE 009Z1000 x

22 2 Bare Copper Black 5500FE 010Z1000 6500FE 010Z1000 
6500FE 010Z500 x

22 2 Tinned Copper Gray 5500FH 008Z1000 x

22 2 Tinned Copper Gray 5500F1 008Z1000 x

22 2 Tinned Copper Black 5500F1 010Z1000 x

22 2 Bare Copper Orange 6500FE 003Z1000 x

22 2 Bare Copper Natural 6500FE 877Z1000 x

22 2 Tinned Copper, 
EZ Strip White 6500PE 009Z1000 x

22 2 Tinned Copper, 
EZ Strip White 6500PE 009Z750 x

22 2 Tinned Copper, 
EZ Strip White 6500PE 009Z500 x

22 2 Tinned Copper, 
EZ Strip White 6500PE 009Z250 x

22 2 Tinned Copper, 
EZ Strip Black 6500PE 010Z1000 x

22 3 Bare Copper Gray 5501FE 008Z1000 x

22 3 Bare Copper Natural 6501FE 877Z1000 x

22 4 Bare Copper Gray 5502FE 008Z1000 x

22 4 Bare Copper White 6502FE 009Z1000 x

22 4 Bare Copper Black 6502FE 010Z1000 x

22 4 Bare Copper Black 6502FE 010Z500 x

22 4 Bare Copper Natural 6502FE 877Z1000 x

22 4 Bare Copper Natural 6502FE 877Z500 x

22 4
2 Individually 

Shielded Pairs, 
Bare Copper

Gray 5541P1 008Z1000 x

22 4
2 Individually 

Shielded Pairs, 
Bare Copper

Black 1325A 010Z1000 5541P1 010Z1000 x

22 4
2 Individually 

Shielded Pairs, 
Bare Copper

Black 1325A 010Z500 x

22 4
2 Individually 

Shielded Pairs, 
Bare Copper

White 1325A 009Z1000 x

22 4
2 Individually 

Shielded Pairs, 
Bare Copper

Blue 1325A D15Z1000 x

22 5 Bare Copper Gray 5503FE 008Z1000 x

22 6 Bare Copper Gray 5504FE 008Z1000 x

22 6 Bare Copper Orange 6504FE 003Z1000 x

22 6 Bare Copper Yellow 6504FE 004Z1000 x

22 6 Bare Copper Natural 6504FE 877Z1000 x

22 6 Bare Copper Natural 6504FE 877Z500 x

22 6
3 Individually 

Shielded Pairs, 
Bare Copper

White 1326A 009Z1000 x

22 8 Bare Copper Gray 5506FE 008Z1000 x

22 8 Bare Copper Black 6506FE 010Z1000 x
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22 8 Bare Copper Black 6506FE 010Z750 x

22 8 Bare Copper Black 6506FE 010Z500 x

22 8 Bare Copper Black 6506FE 010Z250 x

22 8 Bare Copper Natural 6506FE 877Z1000 x

22 8 Bare Copper Natural 6506FE 877Z750 x

22 8 Bare Copper Natural 6506FE 877Z500 x

22 8 Bare Copper Natural 6506FE 877Z250 x

22 10 Bare Copper Gray 5508FE 008Z1000 x

20 2 Bare Copper Gray 5400FE 008Z1000
6400FE 008Z1000 
6400FE 008Z500

x

20 2 Tinned Copper Gray 5400F1 008Z1000 x

20 2 Bare Copper Orange 6400FE 003Z1000 x

20 2 Bare Copper Yellow 6400FE 004Z1000 x

20 2 Bare Copper Green 6400FE 005Z1000 x

20 2 Bare Copper Blue 6400FE 006Z1000 x

20 2 Bare Copper White 6400FE 009Z1000 x

20 2 Bare Copper Natural
6400FE 877Z1000 
6400FE 008Z500

x

20 3 Bare Copper Gray 5401FE 008Z1000 x

20 4 Bare Copper Gray 5402FE 008Z1000 x

20 5 Bare Copper Gray 5403FE 008Z1000 x

20 7 Bare Copper Gray 5405FE 008Z1000 x

20 9 Bare Copper Gray 5407FE 008Z1000 x

18 2 Bare Copper Red 5300FE 002Z1000 x

18 2 Bare Copper White 5300FE 009Z1000 6300FE 009Z1000 x

18 2 Bare Copper Gray 5300FE 008Z1000 6300FE 008Z1000 x

18 2 Bare Copper Black 5300FE 010Z1000 6300FE 010Z1000 x

18 2 Bare Copper Black 6300FE 010Z500 x

18 2 Tinned Copper Gray 5300F1 008Z1000 x

18 2 Tinned Copper Black 5300F1 010Z1000 x

18 2 FT4, Tinned Copper Black 5340F1 010Z1000 x

18 2 Bare Copper Natural 6300FE 877Z1000 x

18 3 Bare Copper Gray 5301FE 008Z1000 x

18 3 Bare Copper Natural 6301FE 877Z1000 x

18 4 Bare Copper Gray 5302FE 008Z1000 x

18 4 Bare Copper Natural 6302FE 877Z1000 x

18 4 2 pr. Bare Copper Gray 5341FE 008Z1000 x

18 5 Bare Copper Gray 5303FE 008Z1000 x

18 6 Bare Copper Gray 5304FE 008Z1000 x

16 2 Bare Copper Red 5200FE 002Z1000 x

16 2 Bare Copper Gray 5200FE 008Z1000 x

16 2 Bare Copper White 5200FE 009Z1000 x

16 2 Bare Copper Black 5200FE 010Z1000 6200FE 010Z1000 x

16 2 Bare Copper Black 6200FE 010Z500 x

16 2 Bare Copper Green 6200FE 005Z1000 x

Burglar Alarm and Commercial Audio Cable- 
Shielded Stranded Conductor Belden Part Number ReelTuff Box Size

AWG Conductor 
Count

Other Construction 
Details Jacket Color Riser Plenum Waterblocked Sm Med Lg



16 2 Bare Copper Natural 6200FE 877Z1000 x

16 2 FT4, Tinned Copper Black 5240F1 010Z1000 x

16 3 Bare Copper Gray 5201FE 008Z1000 x

16 3 Bare Copper Natural 6201FE 877Z1000 x

16 4 Bare Copper Gray 5202FE 008Z1000 x

16 4 Bare Copper Natural 6202FE 877Z1000 x

14 2 Bare Copper Red 5100FE 002Z1000 x

14 2 Bare Copper Gray 5100FE 008Z1000 x

14 2 Bare Copper Blue 6100FE 006Z1000 x

14 2 Bare Copper Natural 6100FE 877Z1000 
6100FE 877Z500 x
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Burglar Alarm and Speaker Cable -  
Unshielded Solid Conductor Belden Part Number ReelTuff Box Size

AWG Conductor 
Count

Other Construction 
Details Jacket Color Riser Plenum Waterblocked Sm Med Lg

22 4 Bare Copper Gray 5522UE 008Z1000 x

22 4 Bare Copper Natural 6522UE 877Z1000 x

22 4 Bare Copper, 
Alternate color code Gray 5582UE 008Z1000 x

18 2 Bare Copper Gray 5320UE 008Z1000 x

18 2 Bare Copper Natural 6320UE 877Z1000 x

18 3 Bare Copper Gray 5321UE 008Z1000 x

18 3 Bare Copper Natural 6321UE 877Z1000 x

Burglar Alarm and Commercial Audio Cable  - 
Shielded Solid Conductor Belden Part Number ReelTuff Box Size

AWG Conductor 
Count

Other Construction 
Details Jacket Color Riser Plenum Waterblocked Sm Med Lg

22 2 Bare Copper Gray 5520FE 008Z1000 x

22 2 Bare Copper Natural 6520FE 877Z1000 x

22 3 Bare Copper Gray 5521FE 008Z1000 x

20 3 Bare Copper Gray 5421FE 008Z1000 x

18 2 Bare Copper Gray 5320FE 008Z1000 x

18 2 Bare Copper Natural 6320FE 877Z1000 x

Fire Alarm Cable Belden Part Number ReelTuff Box Size

AWG Conductor 
Count

Other Construction 
Details Jacket Color Riser Plenum Waterblocked Sm Med Lg

18 2 Bare Copper, 
Unshielded Red 6320UL 002Z1000 x

18 4 Bare Copper, 
Unshielded Red 6322UL 002Z1000 x

16 2 Bare Copper, 
Unshielded Red 5220UL 002Z1000 6220UL 002Z1000 x

16 2 Bare Copper, 
Shielded Red 5220FL 002Z1000 6220FL 002Z1000 x

14 2 Bare Copper, 
Unshielded Red 5120UL 002Z1000 6120UL 002Z1000 x
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Burglar Alarm and Commercial Audio Cable- 
Shielded Stranded Conductor Belden Part Number ReelTuff Box Size

AWG Conductor 
Count

Other Construction 
Details Jacket Color Riser Plenum Waterblocked Sm Med Lg
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Access Control Cable Belden Part Number ReelTuff Box Size

AWG Conductor 
Count

Other Construction 
Details Jacket Color Riser Plenum Waterblocked Sm Med Lg

22 2 Bare Copper, Shielded Gray 5541FE 008Z1000 x

22 2 Bare Copper, Shielded Natural 6541FE 877Z1000 x

22 2 Bare Copper, Unshielded Gray 5541UE 008Z1000 x

22 3 Bare Copper, Shielded Gray 5542FE 008Z1000 x

22 4 Bare Copper, Shielded Gray 5543FE 008Z1000 x

22 1 pr + 1 cond  Tinned Copper, 1 Shielded 
pair + 1 conductor Gray 5501G1 008Z1000 x

22 1 pr + 2 cond Bare Copper, 1 shielded 
pair + 2 conductors Gray 5502GE 008Z1000 6502GE 008Z1000 x

22 1 pr + 2 cond Tinned Copper, 1 shielded 
pair + 2 conductors Gray 5502G1 008Z1000 x

22 1 pr + 2 cond Bare Copper, 1 shielded 
pair + 2 conductors Orange 6502GE 003Z1000 x

22 1 pr + 2 cond Bare Copper, 1 shielded 
pair + 2 conductors Yellow 6502GE 004Z1000 x

22 1 pr + 2 cond Bare Copper, 1 shielded 
pair + 2 conductors Green 6502GE 005Z1000 x

22 1 pr + 2 cond Bare Copper, 1 shielded 
pair + 2 conductors Blue 6502GE 006Z1000 x

22 1 pr + 2 cond Bare Copper, 1 shielded 
pair + 2 conductors White 6502GE 009Z1000 x

22 1 pr + 2 cond Bare Copper, 1 shielded 
pair + 2 conductors Natural 6502GE 877Z1000 x

20 2 Bare Copper, Shielded Gray 5441FE 008Z1000 x

High Flex Speaker Cable - Unshielded Belden Part Number ReelTuff Box Size

AWG Conductor 
Count

Other Construction 
Details Jacket Color Non-Plenum Riser Plenum Waterblocked Sm Med Lg

18 2 Bare Copper, CM Gray 5300UP 008Z1000 x

18 2 Bare Copper, CM Black 5300UP 010Z1000 x

16 2 Bare Copper, CM Gray 5200UP 008Z1000 x

16 2 Bare Copper, CM White 5200UP 009Z1000 x

16 2 Bare Copper, CM Black 5200UP 010Z1000 x

16 2 Bare Copper, CM Blue 5200UP D15Z1000 x

16 2 Bare Copper, CM, 
Indoor-Outdoor Black 1307A 010Z1000 x

14 2 Bare Copper, CL3 Black 5100UP 010Z1000 x
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Audio Cable Belden Part Number ReelTuff Box Size

AWG Conductor 
Count Other Construction Details Jacket Color Riser Plenum Sm Med Lg

22 2 1 Shielded Pair, EZ Strip Brown 9451 001Z1000 9451P 001Z1000 x

22 2 1 Shielded Pair, EZ Strip Red 9451 002Z1000 x

22 2 1 Shielded Pair, EZ Strip Orange 9451 003Z1000 9451P 003Z1000 x

22 2 1 Shielded Pair, EZ Strip Yellow 9451 004Z1000 9451P 004Z1000 x

22 2 1 Shielded Pair, EZ Strip Blue 9451 006Z1000 9451P 006Z1000 x

22 2 1 Shielded Pair, EZ Strip Violet 9451 007Z1000 x

22 2 1 Shielded Pair, EZ Strip Gray 9451 008Z1000 9451P 008Z1000 x

22 2 1 Shielded Pair, EZ Strip White 9451 009Z1000 9451P 009Z1000 x

22 2 1 Shielded Pair, EZ Strip Black 9451 010Z1000 9451P 010Z1000 x

22 2 1 Shielded Pair, EZ Strip Black 9451P 010Z500 x

22 2 1 Shielded Pair, EZ Strip Black 9451P 010Z250 x

22 2 1 Shielded Pair, EZ Strip Green 9451 N3UZ1000 x

22 2 pr 2 Shielded Pair White 9451DP 009Z1000 x

22 2 pr 2 Shielded Pair White 9451DP 009Z750 x

22 2 pr 2 Shielded Pair White 9451DP 009Z500 x

22 2 pr 2 Shielded Pair White 9451DP 009Z250 x

22 2 1 Shielded Cable Gray 8451 008Z1000 x

22 2 1 Shielded Cable Black 8451 010Z1000 x

Electronic Cable Belden Part Number ReelTuff Box Size

AWG Conductor 
Count Other Construction Details Jacket Color Non-Plenum Plenum Sm Med Lg

24 4 RS-232, Overall foil shield, UL CMG & AWM Chrome 9534 060Z1000 x

24 8 RS-232, Overall foil shield, UL CMG & AWM Chrome  9538 060Z1000 x

24 8 RS-232/423, Foil+Braid Shield, UL CM & AWM Chrome 9933 060Z500 x

22 2 1 Shielded Pair, UL CM & AWM Chrome 8761 060Z1000 x

22 2 1 Unshielded Pair, UL CMG & AWM Chrome 8442 060Z1000 x

22 4 2 Individually shielded pairs, UL CM Chrome 8723 060Z1000 x

22 4 2 pairs, 1 shielded and 1 unshielded, UL CM Chrome 8724 060Z1000 x

22 2 1 Shielded Pair Natural 82761 877Z1000 x

20 2 1 Shielded Pair, UL CM & AWM Chrome 8762 060Z1000 x

20 2 1 Shielded Pair, UL CMG & AWM Beige 9154 290Z1000 x

18 2 1 Shielded Pair, UL CM & AWM Chrome 8760 060Z1000 x
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Coax Cable Belden Part Number ReelTuff Box Size

Construction Details Jacket Color Riser Plenum Sm Med Lg

Mini RG-59 , 75 Ohm Red 1855A 002Z1000 x

Mini RG-59 , 75 Ohm Orange 1855A 003Z1000 x

Mini RG-59 , 75 Ohm Yellow 1855A 004Z1000 x

Mini RG-59 , 75 Ohm Blue 1855A 006Z1000 x

Mini RG-59 , 75 Ohm Violet 1855A 007Z1000 x

Mini RG-59 , 75 Ohm White 1855A 009Z1000 x

Mini RG-59 , 75 Ohm Black 1855A 010Z1000 x

Mini RG-59 , 75 Ohm Green 1855A N3UZ1000 x

RG-6, 75 Ohm Red 1694A 002Z1000 x

RG-6, 75 Ohm Red 1695A 002Z1000 x

RG-6, 75 Ohm Orange 1694A 003Z1000 x

RG-6, 75 Ohm Orange 1695A 003Z1000 x

RG-6, 75 Ohm Yellow 1694A 004Z1000 x

RG-6, 75 Ohm Yellow 1695A 004Z1000 x

RG-6, 75 Ohm Blue 1694A 006Z1000 x

RG-6, 75 Ohm Blue 1695A 006Z1000 x

RG-6, 75 Ohm Violet 1694A 007Z1000 x

RG-6, 75 Ohm Violet 1695A 007Z1000 x

RG-6, 75 Ohm White 1694A 009Z1000 x

RG-6, 75 Ohm Natural 1695A 877Z1000 x

RG-6, 75 Ohm Black 1694A 010Z1000 x

RG-6, 75 Ohm Black 1695A 010Z1000 x

RG-6, 75 Ohm Black 1694A 010Z500 1695A 010Z500 x

RG-6, 75 Ohm CCTV, quad shield Natural 6339Q8 877Z1000 x

RG-6, 75 Ohm CCTV, Foil + braid White 633938 009Z1000 x

RG-6, 75 Ohm CCTV, Foil + braid Black 633938 010Z1000 x

RG-6, 75 Ohm CCTV, Foil + braid Natural 633938 877Z1000 x

RG-58, 50 Ohm Black 82240 010Z500 x

RG-58, 50 Ohm Black 82240 010Z1000 x

RG-58, 50 Ohm Natural 82240 877Z1000 x

RG-58, 50 Ohm Black 88240 010Z1000 x

Media Automation & Control Cable Belden Part Number ReelTuff Box Size

Construction Details Jacket Color Riser Plenum Sm Med Lg

Tinned Copper, 22 AWG, 1 Shielded Pair + 18 AWG, 2 Conductor Black 1502P 010Z1000 x

Tinned Copper, 22 AWG, 1 Shielded Pair + 18 AWG, 2 Conductor Black 1502P 010Z500 x

Tinned Copper, 22 AWG, 1 Shielded Pair + 18 AWG, 2 Conductor Natural 1502P 877Z1000 x

Bare Copper, 22 AWG, 1 Shielded Pair + 18 AWG, 2 Conductor Black 1392P 010Z1000 x

Bare Copper, 22 AWG, 1 Shielded Pair + 18 AWG, 2 Conductor Black 1392P 010Z750 x

Bare Copper, 22 AWG, 1 Shielded Pair + 18 AWG, 2 Conductor Black 1392P 010Z500 x

Bare Copper, 22 AWG, 1 Shielded Pair + 18 AWG, 2 Conductor Black 1392P 010Z250 x

Bare Copper, 22 AWG, 1 Shielded Pair + 18 AWG, 2 Conductor Natural 1392P 877Z1000 x


