
DU to RU 
Power and Data

10GXW with REVConnect 
Flex-plug

Example: Small Cell
Belden has everything you need for 
your small cell installation. 

DU TO RU   
POWER AND DATA
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Power 
Supply

Centralized
Unit

S1 Line 
From Carriers

CU to DU 
To each Floor

Indoor Tight Buffer 
Distribu�on Cable 

FISD024R9

Op�on 1: Data only
Indoor Tight Buffer 
Distribu�on Cable 
FISD006R9

Op�on 2: Data and 
DC Power
Indoor Hybrid 
Distribu�on Cable
HISD0060218RJ

Op�on 3: Data and 
DE Power
Indoor DE Hybrid 
Distribu�on Cable
DHIP182USD06J

Centralized Unit (CU)

Power Supply

Centralized 
Unit (CU)

Connect S1 Line to CU
Connect CU to DU
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CU to DU
Each Floor

DU to RU 
Power and Data

Distribution
Unit

10 GX 10 GX 10 GX 10 GX 10 GX 10 GX

1 2 3 4 5 6

10 GX 10 GX 10 GX 10 GX 10 GX 10 GX

7 8 9 10 11 12

10 GX 10 GX 10 GX 10 GX 10 GX 10 GX

13 14 15 16 17 18

10 GX 10 GX 10 GX 10 GX 10 GX 10 GX

19 20 21 22 23 24

Op�on 1: Data only
Indoor Tight Buffer 
Distribu�on Cable 
FISD006R9

Op�on 2: Data and 
DC Power
Indoor Hybrid 
Distribu�on Cable
HISD0060218RJ

Op�on 3: Data and 
DE Power
Indoor DE Hybrid 
Distribu�on Cable
DHIP182USD06J

10GX Patch Cords 
CA21106003

REVConnect Patch 
Panel (Populated)
RVAPPF1U24BK

Connect CU to DU

10GXW13

Distribu�on 
Unit (DU)

REVCONNECT FLEXPLUG
RVAFFPUEW18

RADIO UNIT (RU)

CENTRALIZED UNIT 
(CU)

DISTRIBUTION UNIT 
(DU)

CATEGORY 6A CABLE 
10GXW13

DU TO RU   
POWER AND DATA

OPTION 1: DATA ONLY 
DISTRIBUTION CABLE 

FISD006R9

OPTION 2: DATA AND DC POWER 
HYBRID DISTRIBUTION CABLE

HISD0060218RJ

OPTION 3: DATA AND DE POWER 
DIGITAL ELECTRICITYTM HYBRID 

DISTRIBUTION CABLE 
DHIP182USD06J 

CU TO DU   
EACH FLOOR

S1 LINE   
FROM CARRIERS

10GX PATCH CORDS 
CA21106003

REVCONNECT PATCH PANEL 
(POPULATED)

RVAPPF1U24BK

FIBER PATCH CORDS 
*FPSLASAxxxM

Connect CU to DU

ECX PATCH PANEL  
ECX-01U 

ECX CASSETTES  
FCSX06LAFS** 
PIGTAILS  

FTSLB900PR12** 
Panel Holds Cassettes Containing Pigtails

FIBER PATCH CORDS
* FPSLASAxxxM 

Connect S1 Line to CU 
Connect CU to DU

ECX PATCH PANEL  
ECX-01U 

ECX CASSETTES  
FCSX06LAFS** 
PIGTAILS  

FTSLB900PR12** 
Panel Holds Cassettes Containing Pigtails

HORIZONTAL  
MANAGER 
BHH 191 UR

VERTICAL MANAGER 
BHV H003

DISTRIBUTION RACK 
XDR8419-310N

Houses Equipment  
and Cabling

Belden offers a full suite of copper and fiber cable and connectivity systems that support every type of technology 
you’ll need – now and in the future. Learn more about how Belden is uniquely positioned to provide reliable products 
and services for your wireless jobs. Visit www.belden.com/wireless.



DAS Solution Checklist

Description Belden Part Number

Fiber Cables

FX Indoor OS2 Distribution Tight Buffer, 6f OFNP, Yellow Jacket FISD006P9

FX Indoor/Outdoor OS2 Distribution Tight Buffer, 6f OFNP, Black Jacket FDSD006P9

FX Indoor OS2 Distribution Tight Buffer, 6f OFCP, AIA, Yellow Jacket FISD006A9

FX Indoor/Outdoor OS2 Distribution Tight Buffer, 6f OFCP, AIA, Black Jacket FDSD006A9

Pigtails

FX Fusion Splicer Kit FXFSTOSPL

FX Field-Term Pigtail, OS2, LC/APC Simplex, Tight Buffer, 900 μm, 12f, 2 m FTSLB900PR12

FX Field-Term Pigtail, OS2, SC/APC Simplex, Tight Buffer, 900 μm, 12f, 2 m FTSSB900PR12

Heat Shrink Protector Sleeves, 900 μm to 900 μm, 2.5 mm dia x 60 mm, 25pcs FXFUHS900AB25

Patch Cords

FX Patch Cord, OS2, LC/APC Duplex - LC/APC Duplex, 2M, A-TO-B FPSLALA002M

FX Patch Cord, OS2, SC/APC Duplex - SC/APC Duplex, 2M, A-TO-B FPSSASA002M

FX Patch Cord, OS2, LC/APC Duplex - SC/APC Duplex, 2M, A-TO-B FPSLASA002M

Patch Panels

FX ECX 1U Patch Panel Housing ECX-01U

FX ECX 2U Patch Panel Housing ECX-02U

FX ECX 4U Patch Panel Housing ECX-04U

FX ECX 4U Rack-Mounting Bracket, Flush ECX-BRKTMNT-0

FX ECX Door Lock Kit ECX-LOCKKIT

Cassettes

FX ECX Splice Cassette, OS2, LC/APC Duplex, 6 Port, 12f, Green FCSX06LAFS

FX ECX Splice Cassette, OS2, LC/APC Duplex, 12 Port, 24f, Green FCSX12LAFS

FX ECX Splice Cassette, OS2, SC/APC Duplex, 3 Port, 6f, Green FCSX03SAFS

FX ECX Splice Cassette, OS2, SC/APC Duplex, 6 Port, 12f, Green FCSX06SAFS

Wall-  
Mount Boxes

 FX ECX Single Cassette Holder ECX-01WH

Digital Electricity™ Cables

DE Copper Only 16 AWG, 2 Cu Pairs, Plenum DEIP162U

DE Copper Only 18 AWG, 2 Cu Pairs, Plenum DEIP182U

DE Hybrid, 16 AWG, 2 Cu Pairs, 6f, OS2, Distribution, 4.5 mm Sub, Plenum DHIP162USD06J

DE Hybrid, 18 AWG, 2 Cu Pairs, 6f, OS2, Distribution, 4.5 mm Sub, Plenum DHIP182USD06J

Racks and Managers

Four-Post Distribution Rack XDR8419-3122836

Two-Post Distribution Rack XDR8419-310N

Horizontal Manager BHH 191 UR

Vertical Manager BHV H003
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Small Cell Application Checklist


